tyco

Security Products

KSA DECLARATION OF CONFORMITY

Reference Number: KSA-2016-10-24-01

Manufacturer’s Name:

EXACQ TECHNOLOGIES, INC

Manufacturer’s Address:

11955 EXIT FIVE PKWY
FISHERS, IN 46037
UNITED STATES

We declare under our sole responsibility that the product described below and all its accessories
and spare parts comply with all applicable regulations of the Kingdom of Saudi Arabia.

Brand Identification:

Exacq

exacq

Technologie

Product Name:

ExacqVision Z-Series

Model Number:

1608-00T-R2Z
1608-00T-R2Z-E
1608-00T-R2ZL.
1608-00T-R2ZL.-E
1608-00T-R4Z
1608-00T-R4Z-E
1608-00T-R4ZL
1608-00T-R4ZL-E
1608-08T-R2Z
1608-08T-R2Z-E
1608-08T-R2ZL
1608-08T-R2ZL-E
1608-12T-R2Z
1608-12T-R2Z-E
1608-12T-R2Z-4T
1608-12T-R2ZL
1608-12T-R2ZL-E
1608-12T-R2ZL-4T
1608-12T-R4Z
1608-12T-R4Z-E
1608-16T-R2Z
1608-16T-R2Z-E
1608-16T-R2Z-4T
1608-16T-R2ZL
1608-16T-R2ZL-E
1608-16T-R2ZL-4T
1608-20T-R2Z
1608-20T-R2Z-E

3208-24T-R4ZL-4T
3208-28T-R2Z
3208-28T-R2Z-E
3208-28T-R2ZL.
3208-28T-R2ZL-E
3208-28T-R4Z
3208-28T-R4Z-E
3208-28T-R4Z-4T
3208-28T-R4ZL
3208-28T-R4ZL-E
3208-28T-R4ZL-4T
3208-32T-R2Z
3208-32T-R2Z-E
3208-28T-R4ZL-4T
3208-32T-R2ZL
3208-32T-R2ZL-E
3208-32T-R4Z
3208-32T-R4Z-E
3208-32T-R4Z-4T
3208-32T-R4ZL
3208-32T-R4ZL-E
3208-36T-R4Z
3208-36T-R4Z-E
3208-36T-R4Z-4T
3208-36T-R4ZL
3208-36T-R4ZL-E
3208-36T-R4ZL-4T
3208-36T-R4ZL-4T

6408-00T-R4Z
6408-00T-R4Z-E
6408-00T-R4ZL
6408-00T-R4ZL-E
6408-24T-R4Z
6408-24T-R4Z-E
6408-24T-R4Z-4T
6408-24T-R4ZL
6408-24T-R4ZL-E
6408-24T-R4ZL-4T
6408-28T-R4Z
6408-28T-R4Z-E
6408-28T-R4Z-4T
6408-28T-R4ZL
6408-28T-R4ZL-E
6408-28T-R4ZL-4T
6408-32T-R4Z
6408-32T-R4Z-E
6408-32T-R4Z-4T
6408-32T-R42ZL
6408-32T-R4ZL-E
6408-32T-R4ZL-4T
6408-36T-R4Z
6408-36T-R4Z-E
6408-36T-R4Z-4T
6408-36T-R4ZL
6408-36T-R4ZL-E
6408-36T-R4ZL-4T

IP08-42T-R2ZL-E
IP08-42T-R4Z
IP08-42T-R4Z-E
IP08-42T-R4Z-4T
IP08-42T-R4ZL.
IP08-42T-R4ZL-E
IP08-42T-R4ZL-4T
IP08-48T-R2Z
IP08-48T-R2Z-E
IP08-48T-R2ZL.
IP08-48T-R2ZL-E
IP08-48T-R4Z
IP08-48T-R4Z-E
IP08-48T-R4ZL
IP08-48T-R4ZL-E
IP08-54T-R4Z
IP08-54T-R4Z-E
IP08-54T-R4ZL
IP08-54T-R4ZL-E
IP08-56T-R4Z
IPO8-56T-R4Z-E
IP08-56T-R4ZL
IP08-56T-R4ZL-E
IP08-60T-R4Z
IP08-60T-R4Z-E
IP08-60T-R4ZL
IP08-60T-R4ZL-E
IP08-66T-R4Z




T
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1608-40T-R4ZL-4T

3208-80T-R4Z

6408-80T-R4Z-E

Security Products
1608-20T-R2ZL 3208-36T-R4ZL-4T  6408-40T-R4Z IP08-66T-R4Z-E
1608-20T-R2ZL-E  3208-40T-R4Z 6408-40T-R4Z-E IP08-66T-R4ZL
1608-24T-R2Z 3208-40T-R4Z-E 6408-40T-R4Z-4T  IP08-66T-R4ZL-E
1608-24T-R2Z-E 3208-40T-R4Z-4T  6408-40T-R4ZL IP08-72T-R4Z
1608-24T-R2ZL 3208-40T-R4ZL 6408-40T-R4ZL-E  IP08-72T-R4Z-E
1608-24T-R2ZL-E  3208-40T-R4ZL-E  6408-40T-R4ZL-4T  IP08-72T-R4ZL
1608-24T-R4Z 3208-40T-R4ZL-4T  6408-42T-R4Z IP08-72T-R4ZL-E
1608-24T-R4Z-E 3208-42T-R4Z 6408-42T-R4Z-E IP08-78T-R4Z
1608-24T-R4Z-4T  3208-42T-R4Z-E 6408-42T-R4ZL IP08-78T-R4Z-E
1608-24T-R4ZL 3208-42T-R4ZL 6408-42T-R4ZL-E  IP08-78T-R4ZL
1608-24T-R4ZL-E  3208-42T-R4ZL-E  6408-48T-R4Z IP08-78T-R4ZL-E
1608-24T-R4ZL-4T  3208-48T-R4Z 6408-48T-R4Z-E IP08-80T-R4Z
1608-28T-R2Z 3208-48T-R4Z-E 6408-48T-R4ZL IP08-80T-R4Z-E
1608-28T-R2Z-E 3208-48T-R4ZL 6408-48T-R4ZL-E  IP08-80T-R4ZL
1608-28T-R2ZL 3208-48T-R4ZL-E  6408-54T-R4Z IP08-80T-R4ZL-E
1608-28T-R2ZL-E  3208-54T-R4Z 6408-54T-R4Z-E IP08-84T-R4Z
1608-28T-R4Z 3208-54T-R4Z-E 6408-54T-R4ZL IP08-84T-R4Z-E
1608-28T-R4Z-E 3208-54T-R4ZL 6408-54T-R4ZL-E  IP08-84T-R4ZL
1608-28T-R4Z-4T  3208-54T-RAZL-E  6408-56T-R4Z IP08-84T-R4ZL-E
1608-28T-R4ZL 3208-56T-R4Z 6408-56T-R4Z-E IP08-90T-R4Z
1608-28T-R4ZL-E  3208-56T-R4Z-E 6408-56T-R4ZL IP08-90T-R4Z-E
1608-28T-R4ZL-4T  3208-56T-R4ZL 6408-56T-R4ZL-E  IP08-90T-R4ZL
1608-32T-R2Z 3208-56T-R4ZL-E  6408-60T-R4Z IP08-90T-R4ZL-E
1608-32T-R2Z-E 3208-60T-R4Z 6408-60T-R4Z-E IP08-96T-R4Z
1608-32T-R2ZL 3208-60T-R4Z-E 6408-60T-R4ZL IP08-96T-R4Z-E
1608-32T-R2ZL-E ~ 3208-60T-R4ZL 6408-60T-R4ZL-E  IP08-96T-R4ZL
1608-32T-R4Z 3208-60T-R4ZL-E  6408-64T-R4Z IP08-96T-R4ZL-E
1608-32T-R4Z-E 3208-64T-R4Z 6408-64T-R4Z-E IP08-102T-R4Z
1608-32T-R4Z-4T  3208-64T-R4Z-E 6408-64T-R4ZL IP08-102T-R4Z-E
1608-32T-R4ZL 3208-64T-R4ZL 6408-64T-R4ZL-E  IP08-102T-R4ZL
1608-32T-R4ZL-E  3208-64T-R4ZL-E  6408-66T-R4Z IP08-102T-R4ZL-E
1608-32T-R4ZL-4T  3208-66T-R4Z 6408-66T-R4Z-E IP08-108T-R4Z
1608-36T-R4Z 3208-66T-R4Z-E 6408-66T-R4ZL IP08-108T-R4Z-E
1608-36T-R4Z-E 3208-66T-R4ZL 6408-66T-R4ZL-E  IP08-108T-R4ZL
1608-36T-R4Z-4T  3208-66T-R4ZL-E  6408-72T-R4Z IP08-108T-R4ZL-E
1608-36T-R4ZL 3208-72T-R4Z 6408-72T-R4Z-E IP08-114T-R4Z
1608-36T-R4ZL-E  3208-72T-RAZ-E 6408-72T-R4ZL IP08-114T-R4Z-E
1608-36T-R4ZL-4T  3208-72T-R4ZL 6408-72T-R4ZL-E  IP08-114T-R4ZL
1608-40T-R4Z 3208-72T-R4ZL-E  6408-78T-R4Z IP08-114T-RA4ZL-E
1608-40T-R4Z-E 3208-78T-R4Z 6408-78T-R4Z-E IP08-120T-R4Z
1608-40T-R4Z-4T  3208-78T-R4Z-E 6408-78T-R4ZL IP08-120T-R4Z-E
1608-40T-R4ZL 3208-78T-R4ZL 6408-78T-R4ZL-E  IP08-120T-R4ZL
1608-40T-R4ZL-E ~ 3208-78T-R4ZL-E  6408-80T-R4Z IP08-120T-R4ZL-E

IPZ08-16TB-R2-
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1608-42T-R4Z-E
1608-42T-R4ZL-E
1608-48T-R4Z
1608-48T-R4Z-E
1608-48T-R4ZL
1608-48T-R4ZL-E
1608-54T-R4Z
1608-54T-R4Z-E
1608-54T-R4ZL
1608-54T-R4ZL-E
1608-56T-R4Z
1608-56T-R4Z-E
1608-56T-R4ZL
1608-56T-R4ZL-E
1608-60T-R4Z
1608-60T-R4Z-E
1608-60T-R4ZL
1608-60T-R4ZL-E
1608-64T-R4Z
1608-64T-R4Z-E
1608-64T-R4ZL.
1608-64T-R4ZL-E
1608-66T-R4Z
1608-66T-R4Z-E
1608-66T-R4ZL
1608-66T-R4ZL-E
1608-72T-R4Z
1608-72T-R4Z-E
1608-72T-R4ZL
1608-72T-R4ZL-E
1608-78T-R4Z
1608-78T-R4Z-E
1608-78T-R4ZL
1608-78T-R4ZL-E
1608-80T-R4Z
1608-80T-R4Z-E
1608-80T-R4ZL
1608-80T-R4ZL-E
3208-00T-R2Z
3208-00T-R2Z-E
3208-00T-R2ZL
3208-00T-R2ZL-E
3208-00T-R4Z

3208-80T-R4Z-E
3208-80T-R4ZL
3208-80T-R4ZL-E
4808-00T-R4Z
4808-00T-R4Z-E
4808-00T-R4ZL
4808-00T-R4ZL-E
4808-24T-R4Z
4808-24T-R4Z-E
4808-24T-R4ZL
4808-24T-R4ZL-E
4808-28T-R4Z
4808-28T-R4Z-E
4808-28T-R4ZL

4808-28T-R4ZL-E
4808-32T-R4Z

4808-32T-R4Z-E
4808-32T-R4Z-4T

4808-32T-R4ZL
4808-32T-R4ZL-E

4808-32T-R4ZL-4T
4808-36T-R4Z

4808-36T-R4Z-E
4808-36T-R4Z-4T
4808-36T-R4ZL
4808-36T-R4ZL-E
4808-36T-R4ZL-4T
4808-40T-R4Z
4808-40T-R4Z-E
4808-40T-R4Z-4T

4808-40T-R4ZL
4808-40T-R4ZL-E
4808-40T-R4ZL-4T
4808-42T-R4Z
4808-42T-R4Z-E
4808-42T-R4ZL
4808-42T-R4ZL-E
4808-48T-R4Z
4808-48T-R4Z-E
4808-48T-R4ZL
4808-48T-R4ZL-E
4808-54T-R4Z
4808-54T-R4Z-E

6408-80T-R4ZL
6408-80T-R4ZL-E
IP08-00T-R2Z
IP08-00T-R2Z-E
IP08-00T-R22L.
IP08-00T-R2ZL-E
IP08-00T-R4Z
IP08-00T-R4Z-E
IP08-00T-R4ZL
IP08-00T-R4ZL-E
IP08-08T-R2Z
IP08-08T-R2Z-E
IP08-08T-R2ZL.
IP08-08T-R2ZL-E
IP08-12T-R2Z
IP08-12T-R2Z-E
IP08-12T-R2Z-4T
IP08-12T-R2ZL
IP08-12T-R2ZL-E
IP08-12T-R2Z.-4T
IP08-16T-R2Z
IP08-16T-R2Z-E
IP08-16T-R2Z-4T
IP08-16T-R2ZL
IP08-16T-R2ZL-E
IP08-16T-R2ZL-4T
IP08-20T-R2Z
IP08-20T-R2Z-E
IP08-20T-R2ZL.
IP08-20T-R2ZL.-E
IP08-24T-R2Z
IP08-24T-R2Z-E
IP08-24T-R2ZL
IP08-24T-R2ZL-E
IP08-24T-R4Z
IP08-24T-R4Z-E
IP08-24T-R4Z-4T
IP08-24T-R4ZL
IP08-24T-R4ZL-E
IP08-24T-R4ZL-4T
IP08-28T-R2Z
IP08-28T-R2Z-E
IP08-28T-R2ZL

RAID-L
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3208-00T-R4Z-E
3208-00T-R4ZL
3208-00T-R4ZL-E
3208-08T-R2Z
3208-08T-R2Z-E
3208-08T-R2ZL
3208-08T-R2ZL-E
3208-12T-R2Z
3208-12T-R2Z-E
3208-12T-R2Z-4T
3208-12T-R2ZL.
3208-12T-R2ZL-E
3208-12T-R2ZL-4T
3208-16T-R2Z
3208-16T-R2Z-E
3208-16T-R2Z-4T
3208-16T-R2ZL
3208-16T-R2ZL-E
3208-16T-R2ZL-4T
3208-20T-R2Z
3208-20T-R2Z-E
3208-20T-R2ZL
3208-20T-R2ZL-E
3208-24T-R2Z
3208-24T-R2Z-E
3208-24T-R2ZL.
3208-24T-R2ZL-E
3208-24T-R4Z
3208-24T-R4Z-E
3208-24T-R4Z-4T

4808-54T-R4ZL
4808-54T-R4ZL-E
4808-56T-R4Z
4808-56T-R4Z-E
4808-56T-R4ZL
4808-56T-R4ZL-E
4808-60T-R4Z
4808-60T-R4Z-E
4808-60T-R4ZL
4808-60T-R4ZL-E
4808-64T-R4Z
4808-64T-R4Z-E
4808-64T-R4ZL
4808-64T-R4ZL-E
4808-66T-R4Z
4808-66T-R4Z-E
4808-66T-R4ZL
4808-66T-R4ZL-E
4808-72T-R4Z
4808-72T-R4Z-E
4808-72T-R4ZL
4808-72T-R4ZL-E
4808-78T-R4Z
4808-78T-R4Z-E
4808-78T-R4ZL
4808-78T-R4ZL-E
4808-80T-R4Z
4808-80T-R4Z-E
4808-80T-R4ZL
4808-80T-R4ZL-E

IP08-28T-R2ZL-E
IP08-28T-R4Z
IP08-28T-R4Z-E
IP08-28T-R4Z-4T
IP08-28T-R4ZL
IP08-28T-R4ZL-E
IP08-28T-R4ZL-4T
IP08-32T-R2Z
IP08-32T-R2Z-E
IP08-32T-R2ZL.
IP08-32T-R2ZL-E
IP08-32T-R4Z
IP08-32T-R4Z-E
IP0O8-32T-R4Z-4T
IPO8-32T-R4ZL.
IP08-32T-R4ZL-E
IP08-32T-R4ZL-4T
IP08-36T-R2Z
IP08-36T-R2Z-E
IP08-36T-R2ZL
IP08-36T-R2ZL-E
IP08-36T-R4Z
IP08-36T-R4Z-E
IP08-36T-R4Z-4T
IP08-36T-R4ZL
IP08-36T-R4ZL-E
IP08-36T-R4ZL-4T
IP08-42T-R2Z
IP08-42T-R2Z-E
IP08-42T-R2ZL.

This declaration is made based on our understanding of the regulations and following evaluation:

CB Scheme
Evaluation

A CB scheme report showing the product conforms to the relevant IEC safety
standard from an CBTL is available upon request from regulatory agencies

Electrical ratings: 110-240 V ac, 4-2 A, 60-50 Hz

Power cord/plug: N/A

Safety Standard: UL 60950-1

Limitations on use: Commercial, non-domestic use

Construction and evaluation files are maintained at the following address:

EXACQ TECHNOLOGIES
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11955 EXIT FIVE PKWY
FISHERS, IN 46037 UNITED STATES

Tyco Security Proguct/q Representative (USA)

Date

/0/527/ e

Title: VP Engineering, Exacq Technologies

Location: Fishers, IN USA




